
2 +0.002 1.462 –0.002 0.282 0.269 SCP1-2000-E5E

2.25 +0.002 1.712 –0.002 0.282 0.269 SCP1-2250-E5E

2.5 +0.003 1.908 –0.002 0.312 0.296 SCP5-2500-E5E
+0.003 1.962 –0.002 0.282 0.269 SCP1-2500-E5E

2.75 +0.003 2.212 –0.002 0.282 0.269 SCP1-2750-E5D

3 +0.003 2.408 –0.002 0.312 0.296 SCP5-3000-E5E
+0.003 2.442 –0.003 0.282 0.279 SCP2-3000-E5E

3.25 +0.003 2.692 –0.003 0.282 0.279 SCP2-3250-E5E

3.5 +0.003 2.908 –0.003 0.312 0.296 SCP5-3500-E5E
+0.003 2.942 –0.003 0.282 0.279 SCP2-3500-E5E

3.75 +0.003 3.192 –0.003 0.282 0.279 SCP2-3750-E5D

4 +0.003 3.408 –0.003 0.312 0.296 SCP5-4000-E5E
+0.003 3.442 –0.003 0.282 0.279 SCP2-4000-E5E

4.025 +0.003 3.467 –0.003 0.282 0.279 SCP2-4025-E5D

4.25 +0.003 3.692 –0.003 0.282 0.279 SCP2-4250-E5D

4.265 +0.003 3.707 –0.003 0.282 0.279 SCP2-4265-E5D

4.5 +0.003 3.74 –0.003 0.377 0.38 SCP3-4500-E5D
+0.003 3.908 –0.003 0.312 0.296 SCP5-4500-E5E
+0.003 3.942 –0.003 0.282 0.279 SCP2-4500-E5E

4.525 +0.003 3.967 –0.003 0.282 0.279 SCP2-4525-E5D

4.75 +0.003 3.99 –0.004 0.377 0.38 SCP3-4750-E5D
+0.003 4.192 –0.004 0.282 0.279 SCP2-4750-E5E

5 +0.004 4.24 –0.004 0.377 0.38 SCP3-5000-E5E
+0.004 4.442 –0.004 0.282 0.279 SCP2-5000-E5E

5.025 +0.004 4.265 –0.004 0.377 0.38 SCP3-5025-E5D

 
Dimensions Designation

D d L S 
Tolerance Tolerance +0.005

in.  –

2.10 SCP profile piston seals, inch sizes
D 2 – 5.025 in.

D

15–20°

S

d

L
max. 0.03

min. 0.25

Rmax 0.02 

95

2.12.10



5.25 +0.004 4.49 –0.004 0.377 0.38 SCP3-5250-E5D

5.5 +0.004 4.74 –0.004 0.377 0.38 SCP3-5500-E5E

5.75 +0.004 4.99 –0.004 0.377 0.38 SCP3-5750-E5D

6 +0.004 5.24 –0.004 0.377 0.38 SCP3-6000-E5E

6.025 +0.004 5.265 –0.004 0.377 0.38 SCP3-6025-E5D

6.5 +0.004 5.74 –0.004 0.377 0.38 SCP3-6500-E5D

7 +0.004 6.24 –0.004 0.377 0.38 SCP3-7000-E5E

7.025 +0.004 6.265 –0.004 0.377 0.38 SCP3-7025-E5D

7.5 +0.004 6.74 –0.004 0.377 0.38 SCP3-7500-E5D

8 +0.004 7.24 –0.004 0.377 0.38 SCP3-8000-E5D

8.5 +0.004 7.74 –0.004 0.377 0.38 SCP3-8500-E5D

9 +0.004 8.124 –0.004 0.377 0.438 SCP4-9000-E5D

9.5 +0.004 8.624 –0.004 0.377 0.438 SCP4-9500-E5D

10 +0.004 9.124 –0.004 0.377 0.438 SCP4-10000-E5D

12 +0.004 11.124 –0.004 0.377 0.438 SCP4-12000-E5D

2.10 SCP profile piston seals, inch sizes
D 5.25 – 12 in.

Other sizes are available on request

D

15–20°

S

d

L
max. 0.03

min. 0.25

Rmax 0.02 

 
Dimensions Designation

D d L S 
Tolerance Tolerance +0.005

in.  –
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