
0.25 0.552 0.203 0.37 0.187 HW-250-J2G

0.5 0.802 0.203 0.62 0.187 HW-500-J2G

0.625 0.927 0.203 0.745 0.187 HW-625-J2G

0.75 1.052 0.203 0.87 0.187 HW-750-J2G

0.937 1.302 0.218 1.072 0.187 HW-937-J2G

1 1.365 0.218 1.135 0.187 HW-1000-J2G

1.25 1.615 0.218 1.385 0.187 HW-1250-J2G

1.375 1.74 0.218 1.51 0.187 HW-1375-J2G

1.437 1.802 0.218 1.572 0.187 HW-1437-J2G

1.5 1.865 0.218 1.635 0.187 HW-1500-J2G

1.625 1.99 0.218 1.76 0.187 HW-1625-J2G

1.75 2.115 0.218 1.885 0.187 HW-1750-J2G

1.875 2.24 0.218 2.01 0.187 HW-1875-J2G

2 2.365 0.218 2.135 0.187 HW-2000-J2G

2.125 2.49 0.218 2.26 0.187 HW-2125-J2G

2.25 2.745 0.281 2.385 0.25 HW-2250-J2G

2.5 2.995 0.281 2.635 0.25 HW-2500-J2G

2.625 3.12 0.281 2.76 0.25 HW-2625-J2G

3 3.495 0.281 3.135 0.25 HW-3000-J2G

3.25 3.745 0.281 3.385 0.25 HW-3250-J2G

1) Tolerance is determined by the rod seal

4.6 HW profile wiper seals, inch sizes
d 0.25 – 3.25 in.

dD

L

C

20–30°

D2

Rmax 0.025

 
Dimensions Designation

d1) D L D2 C
+0.003 +0.015 +0.003 min.

in.  –
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3.5 3.995 0.281 3.635 0.25 HW-3500-J2G

3.75 4.245 0.281 3.885 0.25 HW-3750-J2G

4 4.495 0.281 4.135 0.25 HW-4000-J2G

4.25 4.745 0.281 4.385 0.25 HW-4250-J2G

4.5 4.995 0.281 4.635 0.25 HW-4500-J2G

4.75 5.245 0.281 4.885 0.25 HW-4750-J2G

5 5.495 0.281 5.135 0.25 HW-5000-J2G

5.125 5.62 0.281 5.26 0.25 HW-5125-J2G

5.25 5.745 0.281 5.385 0.25 HW-5250-J2G

7 7.495 0.281 7.135 0.25 HW-7000-J2G

8 8.495 0.281 8.135 0.25 HW-8000-J2G

1) Tolerance is determined by the rod seal

4.6 HW profile wiper seals, inch sizes
d 3.5 – 8 in.

dD

L

C

20–30°

D2

Rmax 0.025

 
Dimensions Designation

d1) D L D2 C
+0.003 +0.015 +0.003 min.

in.  –

Other sizes are available on request
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