
0.25 0.497 0.124 0.41 0.125 DTW-250-J2G

0.312 0.56 0.124 0.475 0.125 DTW-312-J2G

0.375 0.622 0.124 0.535 0.125 DTW-375-J2G

0.437 0.685 0.124 0.6 0.125 DTW-437-J2G

0.5 0.747 0.124 0.66 0.125 DTW-500-J2G

0.562 0.81 0.124 0.725 0.125 DTW-562-J2G

0.625 0.872 0.124 0.785 0.125 DTW-625-J2G

0.75 1.122 0.187 0.995 0.187 DTW-750-J2G

0.812 1.185 0.187 1.06 0.187 DTW-812-J2G

0.875 1.247 0.187 1.12 0.187 DTW-875-J2G

0.937 1.31 0.187 1.185 0.187 DTW-937-J2G

1 1.372 0.187 1.245 0.187 DTW-1000-J2G

1.125 1.497 0.187 1.37 0.187 DTW-1125-J2G

1.187 1.559 0.187 1.435 0.187 DTW-1187-J2G

1.25 1.622 0.187 1.495 0.187 DTW-1250-J2G

1.312 1.684 0.187 1.56 0.187 DTW-1312-J2G

1.375 1.747 0.187 1.62 0.187 DTW-1375-J2G

1.5 1.872 0.187 1.745 0.187 DTW-1500-J2G

1.562 1.935 0.187 1.81 0.187 DTW-1562-J2G

1.625 1.997 0.187 1.87 0.187 DTW-1625-J2G

1) Tolerance is determined by the rod seal

4.4 DTW profile wiper seals, inch sizes
d 0.25 – 6.5 in.

 
Dimensions Designation

d1) D L D2 C
+0.006 +0.004 +0.005 min.

in.  –

dD

L

C

20–30°

D2

Rmax 0.025
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1.75 2.122 0.187 1.995 0.187 DTW-1750-J2G

1.875 2.247 0.187 2.12 0.187 DTW-1875-J2G

1.937 2.31 0.187 2.185 0.187 DTW-1937-J2G

2 2.497 0.249 2.327 0.25 DTW-2000-J2G

2.125 2.622 0.249 2.452 0.25 DTW-2125-J2G

2.25 2.747 0.249 2.577 0.25 DTW-2250-J2G

2.375 2.872 0.249 2.702 0.25 DTW-2375-J2G

2.5 2.997 0.249 2.827 0.25 DTW-2500-J2G

2.625 3.122 0.249 2.952 0.25 DTW-2625-J2G

2.75 3.247 0.249 3.077 0.25 DTW-2750-J2G

2.875 3.372 0.249 3.202 0.25 DTW-2875-J2G

3 3.497 0.249 3.327 0.25 DTW-3000-J2G

3.125 3.622 0.249 3.452 0.25 DTW-3125-J2G

3.25 3.747 0.249 3.577 0.25 DTW-3250-J2G

3.375 3.872 0.249 3.702 0.25 DTW-3375-J2G

3.5 3.997 0.249 3.827 0.25 DTW-3500-J2G

3.625 4.122 0.249 3.952 0.25 DTW-3625-J2G

3.75 4.247 0.249 4.077 0.25 DTW-3750-J2G

3.875 4.372 0.249 4.202 0.25 DTW-3875-J2G

4 4.497 0.249 4.327 0.25 DTW-4000-J2G

4.125 4.622 0.249 4.452 0.25 DTW-4125-J2G

4.25 4.747 0.249 4.577 0.25 DTW-4250-J2G

4.375 4.872 0.249 4.702 0.25 DTW-4375-J2G

4.5 5.247 0.374 4.993 0.375 DTW-4500-J2G

4.75 5.497 0.374 5.243 0.375 DTW-4750-J2G

4.875 5.622 0.374 5.368 0.375 DTW-4875-J2G

5 5.747 0.374 5.493 0.375 DTW-5000-J2G

5.25 5.997 0.374 5.743 0.375 DTW-5250-J2G

5.5 6.247 0.374 5.993 0.375 DTW-5500-J2G

5.75 6.497 0.374 6.243 0.375 DTW-5750-J2G

6 6.747 0.374 6.493 0.375 DTW-6000-J2G

6.25 6.997 0.374 6.743 0.375 DTW-6250-J2G

6.5 7.247 0.374 6.993 0.375 DTW-6500-J2G

1) Tolerance is determined by the rod seal

 
Dimensions Designation

d1) D L D2 C
+0.006 +0.004 +0.005 min.

in.  –

233

4.4



6.75 7.497 0.374 7.243 0.375 DTW-6750-J2G

7 7.747 0.374 7.493 0.375 DTW-7000-J2G

7.25 7.997 0.374 7.743 0.375 DTW-7250-J2G

7.5 8.247 0.374 7.993 0.375 DTW-7500-J2G

7.75 8.497 0.374 8.243 0.375 DTW-7750-J2G

8 8.747 0.374 8.493 0.375 DTW-8000-J2G

8.25 8.997 0.374 8.743 0.375 DTW-8250-J2G

8.5 9.247 0.374 8.993 0.375 DTW-8500-J2G

8.75 9.497 0.374 9.243 0.375 DTW-8750-J2G

9 9.747 0.374 9.493 0.375 DTW-9000-J2G

9.5 10.247 0.374 9.993 0.375 DTW-9500-J2G

9.75 10.497 0.374 10.243 0.375 DTW-9750-J2G

10 10.997 0.499 10.659 0.5 DTW-10000-J2G

10.5 11.497 0.499 11.159 0.5 DTW-10500-J2G

11 11.997 0.499 11.659 0.5 DTW-11000-J2G

11.5 12.497 0.499 12.159 0.5 DTW-11500-J2G

12.5 13.497 0.499 13.159 0.5 DTW-12500-J2G

15.75 16.747 0.499 16.409 0.5 DTW-15750-J2G

1) Tolerance is determined by the rod seal

4.4 DTW profile wiper seals, inch sizes
d 6.75 – 15.75 in.

dD

L

C

20–30°

D2

Rmax 0.025

 
Dimensions Designation

d1) D L D2 C
+0.006 +0.004 +0.005 min.

in.  –

Other sizes are available on request
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