
20 30 7 5 5 • MCW-20x30x7-E6Q

25 35 7 5 5 • MCW-25x35x7-E6Q

30 40 7 5 5 • MCW-30x40x7-E6Q

32 42 7 5 5 • MCW-32x42x7-E6Q

35 50 9 7,5 7 MCW-35x50x9-E6Q

36 46 7 5 5 • MCW-36x46x7-E6Q

40 50 7 5 5 • MCW-40x50x7-E6Q
55 9 7,5 7 MCW-40x55x9-E6Q

45 55 5 5 5 MCW-45x55x5-E6Q
55 7 5 5 • MCW-45x55x7-E6Q
60 9 7,5 7 MCW-45x60x9-E6Q

50 60 5 5 5 MCW-50x60x5-E6Q
60 7 5 5 • MCW-50x60x7-E6Q
65 9 7,5 7 MCW-50x65x9-E6Q

55 65 5 5 5 MCW-55x65x5-E6Q

56 66 7 5 5 • MCW-56x66x7-E6Q
68 7 6 5 MCW-56x68x7-E6Q
71 9 7,5 7 MCW-56x71x9-E6Q

60 70 5 5 5 MCW-60x70x5-E6Q
74 8 7 7 MCW-60x74x8-E6Q

63 78 9 7,5 7 MCW-63x78x9-E6Q

65 75 5 5 5 MCW-65x75x5-E6Q
79 8 7 7 MCW-65x79x8-E6Q

4.2 MCW profile wiper seals, metric sizes
d 20 – 65 mm

Rmax 0,8

dD

CS

20–30°

20–30°

L

0,7 
+0,3

 
Dimensions Designation

d1) D L S C
H8 +0,5 min.

mm   –

•	 Seal housing dimensions in accordance with ISO 6195-B
1) Tolerance is determined by the rod seal
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70 80 5 5 5 MCW-70x80x5-E6Q
80 7 5 5 • MCW-70x80x7-E6Q
84 8 7 7 MCW-70x84x8-E6Q
85 7 7,5 7 MCW-70x85x7-E6Q

75 89 8 7 7 MCW-75x89x8-E6Q
90 7,5 7,5 7 MCW-75x90x7.5-E6Q

80 90 7 5 5 • MCW-80x90x7-E6Q
94 8 7 7 MCW-80x94x8-E6Q
100 7 10 7,5 MCW-80x100x7-E6Q
100 10 10 7,5 MCW-80x100x10-E6Q

85 99 8 7 7 MCW-85x99x8-E6Q

90 104 8 7 7 MCW-90x104x8-E6Q
105 7 7,5 7 MCW-90x105x7-E6Q
106 8 8 7 MCW-90x106x8-E6Q
110 7 10 7,5 MCW-90x110x7-E6Q

95 109 8 7 7 MCW-95x109x8-E6Q

100 110 7 5 5 MCW-100x110x7-E6Q
114 8 7 7 MCW-100x114x8-E6Q
116 8 8 7 MCW-100x116x8-E6Q

110 130 8 10 7,5 MCW-110x130x8-E6Q
130 10 10 7,5 MCW-110x130x10-E6Q

120 136 9 8 7 MCW-120x136x9-E6Q

125 140 9 7,5 7 MCW-125x140x9-E6Q

130 150 10 10 7,5 MCW-130x150x10-E6Q

4.2 MCW profile wiper seals, metric sizes
d 70 – 130 mm

Rmax 0,8

dD

CS

20–30°

20–30°

L

0,7 
+0,3

 
Dimensions Designation

d1) D L S C
H8 +0,5 min.

mm   –

•	 Seal housing dimensions in accordance with ISO 6195-B
1) Tolerance is determined by the rod seal

Other sizes are available on request
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